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Floating Joints
-Low Hardness Type / Low Hardness Thin Type-

QBacking Plates

 CAD Data Folder Name: 54_Cylinders

Part Number

FJCF10

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19 20~29
Discount Rate Unit Price 5% 10% 18%

E For orders larger than indicated quantity, please request a quotation.

Part Number

BPFJ10

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19 20~29
Discount Rate Unit Price 5% 10% 18%

E For orders larger than indicated 
quantity, please request a quotation.

QFeatures: Low hardness type for small load and low speed.

Type Set
Cylinder Connector Mount Flange

MMaterial HHardness SSurface Treatment MMaterial SSurface Treatment

Low 
Hardness

Type

FJCF
S45C 28~33HRC

Black Oxide
S45C

Black Oxide
FJCFM Electroless Nickel Plating Electroless Nickel Plating
FJCFS SUS304 - - SUS304 -

Low Hardness
Thin Type

FJCFT S45C 28~33HRC Black Oxide S45C Black Oxide
FJCFST SUS304 - - SUS304 -

M

Unit Price

Low Hardness Low Hardness Thin Type

FJCF FJCFM FJCFS FJCFT FJCFST

  6 524 542 901 - -
  8 528 574 910 - -
10 533 583 924 533 924
14 710 783 1,238 710 1,238
18 1,033 1,293 1,638 1,033 1,638
22 1,188 1,520 2,207 - -
26 1,702 2,134 2,940 - -

 CAD Data Folder Name: 54_Cylinders

Floating Joints / Backing Plates
-Cylinder Connectors, Flange Type-

QFloating Joints

Part Number L

FJTN10
FJTNS22
FJTNL18 60

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19 20~29
Discount Rate Unit Price 5% 10% 18%

EFor orders larger than indicated quantity, please request a quotation.

Part Number

BPFUC18
BPFA14

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19 20~29
Discount Rate Unit Price 5% 10% 18%

EFor orders larger than indicated quantity, please request a quotation.

Type
MMaterial

SSurface 
Treatment

HHardness
L Fixed L Confi gurable

FJTN FJTNL S45C Black Oxide  Section 45~50HRC
Induction Hardening 

SurfaceFJTNS FJTNSL SUS440C -

* Material for BPFUAS and BPFUCS is SUS420J2

Type
M

Material
HHardness

SSurface 
Treatment

Standard Compact

Standard Thin Type Standard Thin Type

BPFA BPFUA BPFC BPFUC S45C
45~50HRC

Black Oxide

BPFAS BPFUAS BPFCS BPFUCS SUS440C* -

D P.875

D P.87
- L Dimension Fixed Type

- L Dimension Configurable Type

9

5

D P.875

D P.875

Type M Material H Hardness S Surface Treatment

BPFJ
S45C 28~33HRC

Black Oxide
BPFJM Electroless Nickel Plating
BPFJS SUS304 - -

QBacking Plates

25 6.3

H
SR

C1 L
R0.2
C0.5

D

L
T ℓ0

-0.1

1

6.3

6.3

6.3

W

M

W L

W

M

W

ESUS440C Hardening Type may be tarnished by hardening.

Part Number L Cylinder Connector Unit Price

Type M Selectable Confi gurable Type (1mm Increment) MxPitch ℓ D H T W L1 SR FJTN FJTNS FJTNL FJTNSL

L Fixed
FJTN
FJTNS  

L Confi gurable
FJTNL
FJTNSL

8
25 30~60

8x1.25 14 16 23
8

14
10 60

392 528 615 738

10 10x1.25 15 20 27 17 415 615 633 788

14 35 40~80 14x1.5 21 25 34 10 22 12
100

478 792 724 979

18 45 50~100 18x1.5 27 32 43 12 27 15 628 1,001 888 1,361

22 55 60~100 22x1.5 33 40 52 15 32 18 200 774 - 988 -

P.C.D.

A

56.3 6.3

A

36.3 6.3

4-K

E

G

2-K

Standard

Standard Thin Type

P.C.D

E
60°

4-K
For Standard Type

Compact

A

56.3 6.3

A

36.3 6.3

Standard Thin Type

25 6.3

For Space Saving Type

E SS400 and SUS420J2 Hardening Type may discolor due to Hardening.

Part Number

A P.C.D. E G K

Unit Price

Type No.
Standard Thin Type

BPFA BPFC BPFAS BPFCS BPFUA BPFUC BPFUAS BPFUCS

Standard
Standard

BPFA
BPFAS

Compact
Standard 

BPFC
BPFCS

Thin Type

BPFUA
BPFUAS

Thin Type

BPFUC
BPFUCS

8 51 37 30 37
7 164 178 246 251 233 246 492 496

10 54 40 32 40

14 70 52 42 52 10 223 223 387 401 301 314 515 519

18 90 68 54 68 12 305 305 546 569 437 451 774 783

22 106 80 66 80 14 378 396 1,507 1,666 515 515 1,024 1,047

(FJA)

(BPFA)

Floating Joint

Backing Plate

(BPFA)

(FJB)

·Separate Type floating joints are easy to assemble and remove.

Backing Plate

Floating Joint

(BPFC)

(FJC)

·Compact Type floating joints can be used in a narrow mounting area.

Backing Plate

Floating Joint

25 6.3-Cylinder Connector
(Assembled)

-Mounting Flange
M14~26

-Mounting Flange
M6~10

W 1

M

W

H 2
D D

T

L

-0.1

6.3

C0.5
R0.2 C1

15°

0

6.3t
F

+0.1

W
1

D
1

6.3

6.3

+0.2

4-C

4-d
Counterbore d1Depth H1

GA

G
B

1

GA

B

4-C2-d
Counterbore d1Depth H1

QLow Hardness Type

Part Number Cylinder Connector Mount Flange

Type M MxPitch L D D2 H T W A G B G1 W1 D1 t F d d1 H1 C

Set

FJCF
FJCFM
FJCFS

6 6x1.0 10 12 11 16 4 13 38 26 16
-

14 13 4 8 4.5 8 4
2

8  8x1.25 12 14 13 20 5 16 43 30 20 17 15 5 10 5.5 9.5 5
10 10x1.25 16 18 15 24 7 20 50 35 24 21 19 7 14

7 11 6
314 14x1.5 18 24 20 32 8 26 60 45 32 16 27 25 8 16

18 18x1.5 20 30 26 38 9 33 75 55 38 20 34.5 31.5 9 18 10 14 8
22 22x1.5 24 35 30 48 11 40 90 65 48 25 42 37 11 22

12 17.5 10 4
26 26x1.5 28 40 32 54 13 45 100 75 54 30 47 42 13 26

FJCF

25(No.6~10) (No.14~22) 6.3

GA

G1

B 3

4-C4-K

GA

B

4-C

2-K

6.36.3

Part Number
A G B G1 K C

Unit Price

Type No. BPFJ BPFJM BPFJS

BPFJ
BPFJM
BPFJS

6 38 26 16
-

4.5
2

155 182 187
8 43 30 20 5.5 164 196 219
10 50 35 24

7
3

155 164 169
14 60 45 32 16 192 201 205
18 75 55 38 20 10 278 292 292
22 90 65 48 25 12 4 355 369 369

QLow Hardness Thin Type

Part Number Cylinder Connector Mount Flange

Type M MxPitch L D D2 H T W A G B G1 W1 D1 t F d d1 H1 C
Set
FJCFT
FJCFST

10 10x1.25 8 18 15 24 3.5 20 50 35 24 - 21 19 3.5 7
7 11 4

314 14x1.5 9 24 20 32 4 26 60 45 32 16 27 25 4 8
18 18x1.5 10 30 26 38 4.5 33 75 55 38 20 34.5 31.5 4.5 9 10 14 5
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