
20992099

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

 CAD Data Folder Name: 43_Levers_and_Pulls 

 Round Bar Threaded Pull 

Handles, Offset Pull Handles 

 QRound Bar Threaded Pull Handles 

1

2

D

L+8

L

15
40

2-M6 (Coarse)3

2

 E2 pcs. of nut are included with. 

Type MMaterial SSurface Treatment

1C-UWANM SPCC Chrome Plating

2C-UWANSM Stainless Steel Buff Polished

Part Number
3L

Mass
(g)

1Type 2D

C-UWANM (Steel)
8

75 60

C-UWANSM (Stainless Steel) 100 70

  

When ordering, select Part Number and Values from Selection Steps 1~3.

Part Number (1Type·2D) - 3L

C-UWANM8 - 100

 QOffset Pull Handles 

H

Lf

A

L

L+D

D

2-M (Coarse) 3

2

Type MMaterial SSurface Treatment

C-UHFNS Stainless Steel Tumble Polish

Part Number
3L Lf H A M

Mass
(g)1Type 2D

C-UHFNS (Stainless Steel)
6

60
7

30
16 4

23
80 31.5 28

8
100

10
32

18 5
56

120 40 70

When ordering, select Part Number and Values from Selection Steps 1~3.

Part Number (1Type·2D) - 3L

C-UHFNS8 - 100

  

  

  
  

5
3

 EStock lineup may vary by country.  
 E Same day shipping available upon request.

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

 EStock lineup may vary by country.  
 E Same day shipping available upon request.

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

21002100

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

 CAD Data Folder Name: 43_Levers_and_Pulls 

 Round Bar Folding Pull 

Handles, Cast Pull Handles 

 QRound Bar Folding Pull Handles 

 1 

2 H
16

M10x1.5 (Coarse)

D

h

Ø16

17

11
.5

4.
7 S

116

100

Type MMaterial SSurface Treatment

1C-UWAFNT SUM22L Chrome Plating

2C-UWAFN Stainless Steel Buff Polished

Part Number
D H h S

Mass
(g)

Type

C-UWAFNT (Steel) 9 41 33.5 7 122

C-UWAFN (Stainless Steel) 8 42 34.5 8 121

Part Number (Type·D)

C-UWAFN8

  

 QCast Pull Handles 

17
.5 20

2-Ø5.5

L

120

5

30

Type MMaterial SSurface Treatment

C-UWANDC Stainless Steel Tumble Polish

Part Number
Mass

(g)
Type L

C-UWANDC 105 110

Part Number (Type·L)

C-UWANDC105

  

  

  

 EStock lineup may vary by country.  
 E Same day shipping available upon request.

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

 EStock lineup may vary by country.  
 E Same day shipping available upon request.

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

  

5
3
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