
COOLING JOINTS
①Rc(PT)①R(PT) ②R(PT) ②R(PT)

Thread  JIS B0203  tapered thread for tube R(PT)

 Brass (C3604)

B d Hexagonal wrench 
socket  d1 ℓ ℓ1

①
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②
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Part Number   U/Price   1～9
Type No. JEMM JEMMR
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 Use in atmospheric pressure 980kPa (10kgf/cm2) or lower.

JEMM (Male・male adapter joint)
JEMMR (Male・male adapter joint－Hexagonal hole type－)
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Part Number   

JEMM23

Part Number   

JEMF 21

■Quantity discount rate 
Quantity 1～9 10～19 20～49 50～100

Rate － 5% 10% 15%

■Quantity discount rate 
Quantity 1～9 10～19 20～49 50～100

Rate － 5% 10% 15%

JEMF (Female・male adapter joint)
JEMFR (Female・male adapter joint－Hexagonal hole type－)
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JEMF JEMFR

 Brass (C3604)

Thread  JIS B0203  tapered thread for tube RRc  (PT)

A B d Hexagonal wrench 
socket  d1 ℓ ℓ1 ①

Rc(PT)
②

R(PT)
Part Number   U/Price   1～9
Type No. JEMF JEMFR
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 Use in atmospheric pressure 980kPa (10kgf/cm2) or lower.

SGP StockSGP Stock
Printed in Red

Days3

Days3
For area out of Singapore please refer to P.i.

¡ Printed in Red ¡ Printed in Blue

Stocks Availability Subjected to Prior Sales.

The volume discount rate is also applicable to alteration cost.
All price & lead time are to be quoted.

For area out of Singapore please refer to P.i.


