
SPRINGS FOR BALL GUIDE POST SETS / STOPPERS / 
WASHERS FOR PREVENTING DOWEL PIN FALL-OUT
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ℓSpring pin

MBS/MBJ
Ball cage length

STMY
S ℓ

50 0～20 32
60 0～25 40
70 0～29 44
90 0～42 57

Catalog No. D M×P H B t Base unit price
Type PD－L 1～9 pieces

STMY

20－50 24 14×1.5 12 7
1.625－50 29 16×1.5 8

32－60 37
20×1.5 15 1038－70 44 2.050－90 56
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Catalog No.

STMY 32－60

Washers for preventing 
dowel pin fall-out

MW
E Thickness＝1.6mm

● Installation method: 
After setting the guide bushing in place, 
loosen the bolt and install the washer.

●One set contains two washers.

Post diameter
PD Catalog No.

Base unit price for
1 set（2 pcs.）
1～19 sets

20・25

MW

25
32 32
38 38
50 50
60 60
80 80

MW

Order
Catalog No.

MW 38

Springs for ball guide post sets SWMY

D1 D

FL

PD

P d

M  SWP－B

PD
Post diameter D D1 d P

20 22.5 20.5 ＋1.0
0

1.0 14
25 27.9 25.5 1.2 14
32 35.7 32.5 ＋1.5

0
1.6 16

38 42.5 38.5 2.0 18
50 55.7 50.5 ＋2.0

0
2.6 20

60 66.9 60.5 3.2 20
●Solid height≒FL×d

P ＋2d

Guide post sets Catalog No. FL Base unit price
D L Type PD 1～9 pieces

20

90

SWMY

20

40
100 50
110 70
120 80
130 100
140 110
150 120
160 140

25

90

25

40
100 50
110 70
120 80
130 100
140 110
150 120
160 140
170 150
180 160
200 180

Guide post sets Catalog No. FL Base unit price
D L Type PD 1～9 pieces

32

110

SWMY

32

50
120 60
130 70
140 90
150 110
160 120
170 130
180 140
200 170
220 190
240 210
260 230

38

130

38

60
140 70
150 80
160 90
170 110
180 120
200 150
220 170
240 190
260 210
300 230

Guide post sets Catalog No. FL Base unit price
D L Type PD 1～9 pieces

50

170

SWMY

50

70
180 90
200 110
220 140
240 170
260 190
300 230
350 280

60

200

60

90
220 130
240 150
260 180
300 230
350 250

Order
Catalog No. － FL

SWMY 32 － 190

SGP StockSGP Stock
PRINTED IN RED

The quantity discount rate is also applicable to alteration cost.

All price & lead time are to be quoted.
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E For area out of Singapore, please refer to P.i.

QQuantity discount rate

Quantity 1~9 10~19 20~29 30~50
Rate - 5% 10% 15%
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QQuantity discount rate

Quantity 1~9 10~19 20~29 30~50
Rate - 5% 10% 15%

● Printed in Red ● Printed in Blue

E For area out of Singapore, please refer to P.i.
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AExpressTExpress

E For area out of Singapore, please refer to P.i.

QQuantity discount rate

Quantity 1~9 10~29 30~99 100~200
Rate - 5% 10% 15%

Stocks Availability Subjected to Prior Sales.


