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Rod End Bearings

- Standard Type -

g Comparing points of Similar Products|

Compact D dimension. RoHS Compliant.

Ordering ‘ Part Number (Type - d) ‘

Example PHSC5
Type Tapped Type Threaded Type [MMaterial
yp lght-Hand Threzd | Left-hand Thread | RightHand Thead | Lef-hand Thvead Holder Spherical Inner Ring[ Bushing (Liner)
[0) Steel PHSC PHSCL |[PHSO PHSOL S35C (Trivalent Chromate) *SUJ2 (58HRC~) | Special Copper Alloy
Lubrication d3-4 \SS5C(TrivalenlChvomatei *8UJ2 (58HRC~) | Self-lubricating Synthetic Resin
@ Free PHSCM |PHSCLM |PHSOM |PHSOLM DtherThanAbuve\SSSCﬂrivaIemChromalei SUJ2 (58HRC~) F
(3) | Stainless Steel Oil Free [ PHSS PHSSL |[PHSOS |PHSOSL SUS303 SUS440C (58HRC~) | F
*Hard Chrome Plating
— Tapped Type r—Threaded Type
B1
D B
r ‘ ‘ &
°

L1
[
=

|
L

<
'—Ff'l_
T
0
W-0.2 MxP
Part Number ) ch Static Load Capacity Mass
Type p D | Di | D2 L L1 MxP B | B | T | W r Radial Cs {kN}
DO ® (0] ® @ (O] ®
Tapped Type 3 T2 | 65 [ 8 7 21 M3x0.5 10 — | 45 | 6 3 7 [ 74 - -~ 167 [ - 6.5 )
4 14 8 | 95 2% Mdx0.7 12 53 | 7 a 8 | 7. — g — 225 [ - 10
Right-Hand Thread 5 16 9 1 27 M5x0.8 14 125 6 8 9 i 8.8 : 559 | 392 .98 | 16.5 16
PHSC 6 18 | 10 | 13 30 M6x1.0 135 | 675 | 9 5 11 9 [ 111 686 | 5 44| 25 | 2
PHSCM 8 22 | 125 | 16 36 M8x1.25 17 | 16 9 12 14 | 104 | 127 98 | 745 | 269 | 43 | 43
10 M10x1.5 19 15.2 941 | 416 72
PHSS oAl 26 | 15 | 19 56 I i T 105 | 14| oo | 17 | 129 =2 05 | 132 2 - 72 L
Left-hand Thread |12 | 30 | 17.5 | 22 65 50 Mi2x175 | 24 | 24 | 12 | 16 19 | 164 | 176 167 | 11 | 588 | fo7 | 107
PHSCL Pl s | o | | 57 MAa) L or E 135 | 19 | g | g | 169 (2 206 (122 | 661 | 45, | 160
PHSCLM X = = = 3 =
16 | 38 | 2 | 27 83 64 Mi6x2. 33 | 33 [ 15 | 2 194 | 194 25 | 202 | 833 | 210 | 210
PHSSL B | 25 | 3 2 71 ey % |—— 165 | 23 27 | 219 201 07 fogq {1 - 1 ge5 [
18A M18x1. 36 - 10 : * 252 | 1152 1152
20 | 46 | 275 | 34 100 77 M20x1. ) _ 18 | 2 30 | 244 | - 343 | 278 | - | 380 | _
22 | 50 | 30 | 37 109 81 M22x1. a3 20 | 28 | 12 | 32 | 28 412 [ 359 | - | 4%
(®) (DSteel, (@)Lubrication Free,@Stainless Steel 0il Free
Part Number di Static Load Capacity Radial Cs {kN: Mass
e 5 D L L1 MxP /) B B1 00 ©) v PEeTS o
Threaded Type 3 12 33 27 M3x0.5 15 45 6 74 _ - 1.57 - 45 B
4 14 37 30 M4x0.7 17 53 7 76 98 - 225 - 7
v 5 16 4 33 M5x0.8 20 6 8 7.7 8.8 - 343 343 098 125 7
Right-Hand Thread ¢ 18 45 36 M6x1.0 22 6.75 9 9 1.1 49 4.9 1.44 19 1
EnggM 8 2 53 2 M8x1.25 25 9 12 0.4 2.7 6.86 6.86 260 2 3
PHSOS e 61 8 Rt 29 105 14 129 122 05 108 e b 54 Z
12 30 69 54 Mi12x1.75 33 12 16 154 176 167 i 5388 85 8
Left-hand Thread
Y 7 60 Midx20 36 135 19 169 192 206 iz ol 126 i
PHSOLM 16 38 85 66 M16x2. 40 15 21 19.4 19.4 25 202 8.33 185 185
PHSOSL 18 Mi8x2. - 07 - - -
| 93 72 S 44 16.5 23 219 e 24 e %0 5 —
20 46 101 78 M20x1. 47 18 2 244 ) 343 27.8 - 340 )
22 50 109 84 M22x1. 51 20 28 2538 42 359 - 435
(® steel, @Lubrication Free,(@Stainless Steel 0l Free (HNo Grease Fitting for PHSO(L)5 ~ 6. o B0 ] a1 2 a3
1. Shaft Fits 3. Allowable Slant Face 0] (525 ONNO] (N NCHNO) 42; ]
Usage Condition | 1olerance of Shaft Dimensions - - - k| -
9 Steel | O Free  Stainless Steel Ol Free X has o1
Normal Load h7 p6 25 25
Non-directional Load|  p6 6 B 25 | 25
2. Clearance i gi gi
- " Shaft Step e Allowable
S oil sﬁ:::i /o ﬁ‘:;’;‘:ss Shape Shaft Condition Incline Anglea 9 g: gj
RadialDroton Cleaance [0035.rLess| 0.045 or Less e i Mse"'dﬂlrf“’;;) i s oo e
Axial Clearance 0.1 orLess T No Shaft contacts the inner ci of the holder.| Large (a3) @ (Steel, @Lubrication Free, (3 Stainless Steel Ol Free

@ Tolerance of B Dimension and B ~ 1 Dimensions

Type B B~1
0~-0.1 +0.1

@ +0.1~-04 0~-0.1

@ +0.3 0~-0.13

:Comparing points of Similar Products|

RoHS Directive unchecked.

Rod End Bearings

) Ordering ‘ Part Number (Type - d) ‘
Example

@

-

C-PHSC8
Type Tapped Type Threaded Type [@DMaterial
yp Right-Hand Thread | Left-hand Thread | Right-Hand Thread | Left-hand Thread Holder Spherical Inner Ring| Bushing (Liner)
@ ] Steel C-PHSC C-PHSCL |C-PHSO C-PHSOL C45 (Trivalent Chromate) GCr45 H62
[@) \Lubrication Free|C-PHSCM |C-PHSCLM |C-PHSOM |C-PHSOLM| (45 (Trivalent Chromate) GCrd5 PTFE
— Tapped Type r—Threaded Type-
D

22,
D D)
& &
— |
S -
- X1
D2
(DSteel Type (@)0il Free Type (DSteel Type @)0il Free Type
Part Number Static Load Capacity
P— 4 o 25 D2 L L1 MxP ) B B1 T w d1 | (7)) | RedalCs{kN} pass
b [ONNOENONNO) ONIG) Do 0l®
Tapped Type 5 | 16|19 |85] 9 | 1 35 | 365 27 M5x0.8 10 6 8 4 9 7.7 5.7 6 16 18
6 | 18] 2 | 10|10] 13| 3 |45 30 M6x1.0 12 675 9 s 11 8.96 72 | 765 | 22 | 26
Right—}ﬁargj ('_I';hread 8 | 22| 25 [125[125| 16 | 47 | 485 36 M8x1.25 16 9 12 14 10.4 116 | 129 | 47 | 47
i 1 29 15 57.5 M10x1.5 18 77
c-PHSCM [ 101 5 [ 2] 5 [ 181 45 | 5 43 = 20 | 105 | 14 17 | 129 | 03 | 145 77
10A - - - M10x1.25 6.5 ~ - -
'éﬂgﬂtggfd 30 | 33 |175|17.5| 22 | 65 | 665 50 M12x1.75 22 12 16 19 w4 | % T2 [ 20 | 100 | 100
C-PHSCLM 14 = - - M14x2.0 - -
—— 3 —— 20 —— 25 | 74 —— &7 25 135 19 169 24— 160 ——
14A - - - M14x1.5 8 22 - -
40 | 43 | 22 | 2 | 27 | 84 | 855 64 M16x2.0 28 15 21 19.4 285 | 39 | 220 | 220
(® (DSteel, @Lubrication Free
Part Number D B Static Load Capacity Radial Cs {kN} Mass
Type iloleolole]l " MxP g ol e | B o © 0) @ ©) @
Threaded Type 5 16 | 19 | 41 | 425 33 M5x0.8 20 6 6 8 7.7 57 6 13 14
Right-Hand Thread 6 18 21 45 | 465 36 M6x1.0 22 6.75 6.7 9 8.96 72 7.65 20 20
g:g:ggm 22 | 25 | 53 | 545 42 M8x1.25 25 9 9 12 10.4 e 116 129 30 38
26 | 29 | 61 | 625 48 M10x1.5 29 105 1 14 129 = 145 18 55 55
gﬂgﬂ‘gg)’f‘d 30 | 33 | 69 | 705 54 M12x1.75 33 12 12 16 15.4 oS 17 24 85 85
C-PHSOLM 34 37 77 | 785 60 M14x2.0 36 135 14 19 16.9 24 31 140 140
40 | 43 | 8 | 875 66 M16x2.0 40 15 15 21 19.4 285 39 210 210
(® (DSteel, @Lubrication Free
x MSCCA (93 P.2365 ) Il Comparison with Quality Products
Example
~ C-VALUE Products | Quality Products
~ PHSCM ) RoHS Non-Compliant Compliant
" Right-hand Thread Dimension 1)l FOID iici] DICompact
LBRFN ( P.2419) PHSCM Static Radial Cs High Standard
Rod End Bearing Coupling Rod - Clearance (Gap) E
PHSCLM / Right-hand Thread "z Movement Equivalent
Tensile Strength Equivalent

Left-hand Thread

(®)* For details of dimensions, refer to the specification table.
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