E-2181

Hex Posts
One End Threaded One End Tapped

[lFor this product, L dim. can be configured in 0.1mm increments by specifying LKC Alteration.

L Dimension Selectable

(®For products uncovered by the e-Catalog Standard, see 25 P131.

[MOne End Threaded One End Tapped eSS BRG] _Tyge - L i, Theead D G [MMaterial| BSurface Treatment
- NLSBWF NLSBG -
LSBWRK LSBWF LSBG Sg:sgglf Black Oxide
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- BLSBWF BLSBG Trivalent Chromate (Black)
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(®Anti-rust Oil is applied on products made of Steel for General Structure. (®)Trivalent Chromate (Black) may not always be fully deposited on internal tapped threads.
L Dimension Selectable
Part Number L M ©
Type B Selection (Coarse)
6 15 20 25 30 35 40 45 50 3 6.9
Steel for General Structure 7 20 25 30 35 40 45 50 60 70 80 90 100 110 120 130 140 150 4 8.1
8 20 25 30 35 40 45 50 60 70 80 90 100 110 120 130 140 150 200 5 9.2
10 25 30 35 40 45 50 60 70 80 90 100 110 120 130 140 150 200] 6 11.5
PLSBWRK 12 25 30 35 40 45 50 60 70 80 90 100 110 120 130 140 150 200 6 | 13.9
SUS304 13 30 35 40 45 50 60 70 80 90 100 110 120 130 140 150 200f 8 15.0
SLSBWRK 14 35 40 45 50 60 70 80 90 100 110 120 130 140 150 200| 8 16.2
17 40 45 50 60 70 80 90 100 110 120 130 140 150 200| 10 19.6
19 50 60 70 80 90 100 110 120 130 140 150 200| 12 219
L Dimension Configurable L Dimension, Thread Dia. Configurable
Part Number L M Part Number L . .
Type B |0.5mm Increment|(Coarse (C) Type B |05mm Increment M (Coarse) Selection N (Coarse) Selection (%)
5 8~100 26 |58 5 8~100 |2 26 3 2 26 5.8
6 15~100 3 |69 6 15~100 |3 4 5 3 4 6.9
Steel for General 7 20~200 4 |81 Steel for General 7 20~200 3 4.5 3 4 8.1
Structure 8 20~250 5 192 Structure 8| 20~250 |3 4 5 6 3 4 5 9.2
NLSBWF | 10 25~350 6 [11.5 NLSBG | 10 25~350 |3 4 5 6 8 3 4 5 6 11.5
12 25~500 6 139 12 25~500 |3 4 5 6 8 10 3 4 5 6 8 13.9
LSBWF 13 30~500 8 |15.0 LSBG 13 30~500 (3 4 5 6 8 10 3 4 5 6 8 15
PLSBWF 147 30-600 | 8 |162 PLSBG 42 35600 [3 4 5 6 8 1012 |3 4 5 6 8 10 16.2
BLSBWF | 17 35~600 10 |19.6 BLSBG | 17 35~600 |4 5 6 8 10 12 4 5 6 8 10 19.6
SUS304 19 45~600 12 [21.9 sussos |19 45~600 |4 5 6 8 10 12 16 4 5 6 8 10 12 21.9
SLSBWF |24 55~700 16 |27.7 SLSBG | 24| 55~700 |5 6 8 10 12 16 20 5 6 8 10 12 16 217
27 65~800 20 |31.2 27 65~800 (5 6 8 1012 16 20245 6 8 10 12 16 20 31.2
30 65~1000 | 20 | 34.6 30 80~1000 [5 6 8 10 12 16 20 24| 5 6 8 10 12 16 20 24| 34.6
32 80~1000 | 24 |36.9 32 80~1000 [5 6 8 10 12 16 20 24|5 6 8 10 12 16 20 24[36.9
(®When L = 8 or 9, the tapped depth is Mx1.5. (®L=Nx3+2 (®When M=2.6 and L = 8 or 9, the tapped depth is Mx1.5.
ey ——— TR
Example (L Dimension Selectable) LSBWRK10 - 40 1300.5~600 =+0.3
(L Dimension Configurable) LSBWF12 - 300
(L Dim., Thread Dia. Configurable) LSBG30 - 700 - M20 N24 1600.5~800 0.4

Alterations

30

- 700.3 - MD20 -

[ [PartNumber| - [ L |-[ ' |-[N]- ke, mo)

LSBWF6 -
LSBG30

LKC
N24 - LKC-MLC20

(®Applicable to L Dimension Configurable Type and L Dimension, Thread Dia. Configurable Type.

L Di ion Toll T led Length Effective Tapped Length
MD(Mx3
Alterations g;
LKC ‘ MLC | —
Code LKC MLC MD ND

Spec.

L Dimension tolerances are as
follows:

LKC

By specifying LKC, L dim. can be
configured in 0.1mm increment.

L L Tolerance
8~300 +0.05
300.5~600 +0.10
600.5~1000| +0.15

Changes the threaded length.

(®Not applicable to B=5.
MLC = 0.1mm Increment

(@Mx1=MLC<Mx1.5

Ordering Code| MLC10

Changes the Effective Tapped
Length to "M (N) x 3."
MD6/ND6

(M is changed to MD, or N is
changed to ND.)

Part Number Unit Price Part Number Unit Price Part Number Unit Price
Type | B [Min.L~50) L60~100 | L110~150 | L200 Type | B [Min.L~50| L60~100 | L110~150 | L200 Type | B [Min.L~50| L60~100 | L110~150 | L200
6 - - - 6 - - - 6 - - -
L = Steel for | = ? =
Steel for 8 ee] for 8 8
General
S(?(reun(iﬁ'le 12 Structure }g SUS304 }g
h Electrol
Black Oxide [ 3 Nicﬁglrglgtsiﬁg 13 SLSBWRK 13
LSBWRK| 14 PLSBWRK | 14 14
17 17 17
19 19 19
L Dimension Configurable
Part Number Unit Price Part Number Unit Price Part Number Unit Price
Type | B |Min.L-20] L2005-400 | L4005-60 | L6003-300 | L&005-1000 Type | B [Win.L-200 | L205-400 | L400.5-600 | L6005-800 | L8005-1000 Type | B [Win.L-200 | L2005-400 | L400.5-600 | L6005-800 | LB00S-1000
5 - - - - 5 - - - - 5 - - - -
6 - - - - 6 - - - - 6 - - - -
7 - - - - 7 - - - - 7 - - -
8 - - - 8 - - - 8 - - -
10 - - - Steel for |10 - - - 10 - - -
Steel for |12 - - General  [{2 - B 12 N B
General [13 . B Structure 43 B . SUS304 |13 B .
Structure 177 S L= Electroless |14 - [ - SLSBWF[14 = L=
NLSBWF[17 5 n Nickel Plating 17 n 5 17 n N
19 N _ PLSBWF 19 - N 19 B -
24 - 24 - 24 -
27 - 27 - 27 -
30 30 30
32 32 32
5 - - - - 5 - - - -
6 - - - - 6 - - - -
7 - - - - 7 - - - -
8 - - - 8 - - -
10 - - - Steel for |10 - - -
St 12 [ G [ I
Structure |13 - - Structure 93 - -
Black Oxide }; - - rvalent }; - -
LSBWF — T BLSBWF —
19 - - 19 - -
24 - 24 -
27 - 27 -
30 30
32 32
L Dimension, Thread Dia. Configurable
Part Number Unit Price Part Number Unit Price Part Number Unit Price
Type | B |Min.L-200) L2005-400 | L4005-600 | L6003-300 | L&005-1000 Type | B [Win.L-200 | L205-400 | L4005-600 | L6005-800 | L8005-1000 Type | B [Win.L-200 | L2005-400 | L400.5-600 | L6005-800 | L&00S-1000
5 - - - - 5 - - - - 5 - - - -
6 - - - - 6 - - - - 6 - - - -
7 - - - - 7 - - - - 7 - - - -
8 - - 8 - - - 8 - - -
10 - = st [10 - -1 - 10 - - -
Steel for |12 - = General |12 _ B 12 - .
General [13 _ B Structure 43 B _ SUS304 |13 B _
Structure 44 = [ - eotkes 44 - | - sLsBG[14 = -
NLSBG 17 - ~ ICKel Plating 17 N _ 17 _ _
19 - - PLSBG [1g = - 19 = -
24 - 24 - 24 -
27 - 27 - 27 -
30 30 30
32 32 32
5 = - - 5 - = = -
6 - - - 6 - - - -
7 = = = 7 2 = = =
8 - = 8 = = -
Steel for 10 - - Steelfor |10 - - -
General |12 = = Sfieneiral 12 = =
Structure |13 - - |.'uc we 93 = =
Black Oxide | 14 = S Oralent 144 = =
LSBG 17 - - 17 - -
19 - - BLSBG [19 - -
24 - 24 -
27 - 27 -
30 30
32 32
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