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M Material S Surface treatment
Iron product Surface plating
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M Material S Surface treatment
Iron product Surface plating
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MSIP－200

M Material S Surface treatment
Iron product Anodizing
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Part Number A B C D D1 D2 E F G H M N T Weight (g)

MSIP－50 50 32 34.6 φ5.5 R26 R6 10 20 - 7.5 - - 4 90

MSIP－90 37 20 35 76 - - 20 35 76 16 5 5.2 3 190

MSIP－160 70 20 74 130 - - 20 52 110 24 5 6.2 4 540

MSIP－200 220 220 87.5 23 φ145 - 89 8 - - - - 8 578
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■  Round Interface
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■  Square Interface
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