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■  Robot Side Quick Changer 
Signal Line Connector

MQCSV－9R ■  Grip Side Signal Module MQCSV－9G

MQCSV－9R

MQCSV－9G

MQCSM－9R

MQCSM－9G

MQC－G－90

MQC－R－90

Part Number － No.

MQCSM － 9R

Part Number No. I/O wiring method Operating current (A) Decomposition voltage Operating temp. range Contact surface treatment Applicable quick changer type

MQCSM

9R

9-pin D－SUB 5 500V AC (1 min) －55℃~+125℃ Surface gold plating

MQC－R－90

MQC－R－150

MQC－R－200

9G

MQC－G－90

MQC－G－150

MQC－G－200

Part Number No. I/O wiring method Operating current (A) Decomposition voltage Operating temp. range Contact surface treatment Applicable quick changer  
signal module

MQCSV
9R

9-pin D－SUB 5 500V AC (1 min) －55℃~+125℃ Surface gold plating
MQCSM－9R

9G MQCSM－9G

■  Robot Side Signal Module MQCSM－9R ■  Grip Side Signal Module MQCSM－9G

Part Number － No.

MQCSV － 9R

MQCSV－9R

MQCSV－9G

MQCSM－9R MQCSM－9G
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QUICK CHANGER SINGLE MODULE / SINGAL LINE CONNECTOR

QUICK CHANGER SIGNAL MODULE / SIGNAL LINE CONNECTOR
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